Headed Drill Bushes - DIN 172A

I 30820.1

ordering example

30820 WPP 3 A 09

TENONS, LOCATING PADS & DRILL BUSHES

headless o/d 1, id

when ordering please always state internal bore (iid) required - see th?

Material C- 9mm Please note sizes d, <0,9 prices available
High grade steel. Hardened 740 +HV10. D- 10mm on request.
Hole, d, ground ISO tolerance F7. E- 12mm
1 . Important Notes

o/d-d, ground ISO tolerance n6, to fit F- 16mm .

2 Drill bushes produced to standard DIN
standard hole tolerance H,. Length L, to H- 20mm increments for internal bores:
+0,2 for lengths 6 to 30mm. J-  25mm )

i/d’s 0,9mm to 15,0mm - 0,1mm incre-

Technical Notes E__ 532: ments e.g. 1,1 mm, 1,2mm etc.

d, dimension tolerance to F7. M- 35mm i/d’s 15,2mm and over -0,5mm increments.
Key to dimensions L: N- 36mm
-1, short P. 40mm Ordering drill bushes to DIN standard
- |, medium increments offers a cost advantage, as

1 R- 45mm .
-1, long non-standard bores are machined to order
' > 56mm as specials
T- 67mm ’

Table of lengths L,: W- 78mm

A-  6mm Tips

B- 8mm Sizes 48,01/d and above are made to order

Order No. i’d - d,; Length gen Length letter Length d, r ds [
mm

30820.WPH3A0.9 0.9 short A 6 3 1 6 2
30820.WPH3A1.0 1.0 short A 6 3 1 6 2
30820.WPH4A1.1 1.1 short A 6 4 1 7 2
30820.WPH4A1.2 1.2 short A 6 4 1 7 2
30820.WPH4A1.3 1.3 short A 6 4 1 7 2
30820.WPH4A1.4 1.4 short A 6 4 1 7 2
30820.WPH4A1.5 1.5 short A 6 4 1 7 2
30820.WPH4A1.6 1.6 short A 6 4 1 7 2
30820.WPH4A1.7 1.7 short A 6 4 1 7 2
30820.WPH4A1.8 1.8 short A 6 4 1 7 2
30820.WPH5A2.0 2.0 short A 6 5 1 8 2
30820.WPH5A2.1 2.1 short A 6 5 1 8 2
30820.WPH5A2.2 2.2 short A 6 5 1 8 2
30820.WPH5A2.3 2.3 short A 6 5 1 8 2
30820.WPH5A2.4 2.4 short A 6 5 1 8 2
30820.WPH5A2.5 2.5 short A 6 5 1 8 2
30820.WPH5A2.6 2.6 short A 6 5 1 8 2
30820.WPH6B2.7 2.7 short B 8 6 1 9 2.5
o . . )
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Tenons, Loca-|| Headed Drill Bushes - DIN 172A

short

Order No. i/d - d, Length gen Length letter Length d, rn ds Iy
mm

30820.WPH6B2.8 2.8 short B 8 6 1 9 2.5
30820.WPH6B2.9 28 short B 8 6 1 9 2.3
30820.WPH6B3.0 3.0 short B 8 6 1 9 2.5
30820.WPH6B3.1 3Ll short B 8 6 1 9 25

5! 30820.WPH6B3.2 3.2 short B 8 6 1 9 2.5
=] 30820.WPH6B3.3 33 short B 8 6 1 9 23
~: 30820.WPH7B3.4 34 short B 8 7 1 10 2.5
s 30820.WPH7B3.5 3.5 short B 8 7 1 10 2.5
=| 30820.WPH7B3.6 3.6 short B 8 7 1 10 2.5
5| 30820.WPH7B3.7 3.7 short B 8 7 1 10 23
g 30820.WPH7B3.8 3.8 short B 8 7 1 10 25
= 30820.WPH7B3.9 39 short B 8 7 1 10 2135
=] 30820.WPH7B4.0 4.0 short B 8 7 1 10 2.5
= 30820.WPH8B4.1 4.1 short B 8 8 1 11 2.3
=) 30820.WPH8B4.2 4.2 short B 8 8 1 11 2.5
=4 30820.WPH8B4.3 43 short B 8 8 1 11 2.5
%] 30820.WPH8B4.4 44 short B 8 8 1 11 25
30820.WPH8B4.5 4.5 short B 8 8 1 11 2.5
30820.WPH8B4.6 4.6 short B 8 8 1 11 2.5
30820.WPH8B4.7 4.7 short B 8 8 1 11 2.3
30820.WPH8B4.8 4.8 short B 8 8 1 11 2.5
30820.WPH8B4.9 49 short B 8 8 1 11 2.5
30820.WPH8B5.0 5.0 short B 8 8 1 11 25
30820.WPH10D5.1 5,1l short D 10 10 .5 13 8
30820.WPH10D5.2 5.2 short D 10 10 15 13 3
30820.WPH10D5.3 5.8 short D 10 10 1.5 13 3
30820.WPH10D5.4 5.4 short D 10 10 15 13 3
30820.WPH10D5.5 5.3 short D 10 10 1553) 13 3
30820.WPH10D5.6 5.6 short D 10 10 15 13 3
30820.WPH10D5.7 5.7 short D 10 10 55 13 8
30820.WPH10D5.8 5.8 short D 10 10 15 13 3
30820.WPH10D5.9 5.5 short D 10 10 1.5 13 3
30820.WPH10D6.0 6.0 short D 10 10 15 13 3
30820.WPH12D6.1 6.1 short D 10 12 1.5 15 3
30820.WPH12D6.2 6.2 short D 10 12 15 15 3
30820.WPH12D6.3 6.3 short D 10 12 5 15 8
30820.WPH12D6.4 6.4 short D 10 12 15 15 3
30820.WPH12D6.5 6.5 short D 10 12 1.5 15 3
30820.WPH12D6.6 6.6 short D 10 12 15 15 3
30820.WPH12D6.7 6.7 short D 10 12 1.5 15 3
30820.WPH12D6.8 6.8 short D 10 12 15 15 3
30820.WPH12D6.9 6.9 short D 10 12 5 15 3
30820.WPH12D7.0 7.0 short D 10 12 15 15 3
30820.WPH12D7.1 7,11 short D 10 12 1.3 15 8
30820.WPH12D7.2 7.2 short D 10 12 15 15 3
30820.WPH12D7.3 73 short D 10 12 15 15 8
30820.WPH12D7.4 7.4 short D 10 12 15 15 3
30820.WPH12D7.5 73 short D 10 12 1.5 15 3
30820.WPH12D7.6 7.6 short D 10 12 15 15 3
30820.WPH12D7.7 7.7 short D 10 12 113 15 8
30820.WPH12D7.8 7.8 short D 10 12 15 15 3
30820.WPH12D7.9 79 short D 10 12 15 15 8
30820.WPH12D8.0 8.0 short D 10 12 15 15 3
30820.WPH15E8.1 8.1 short E 12 15 2 18 3
30820.WPH15ES8.2 82 short E 12 15 2 18 3
30820.WPH15E8.3 83 short E 12 15 2 18 3
30820.WPH15E8.4 84 short E 12 15 2 18 3
30820.WPH15E8.5 85 short E 12 15 2 18 3
30820.WPH15E8.6 8.6 short E 12 15 2 18 3
30820.WPH15E8.7 8.7 short E 12 15 2 18 3
30820.WPH15E8.8 8.8 short E 12 15 2 18 3
30820.WPH15E8.9 89 short E 12 15 2 18 3
30820.WPH15E9.0 9.0 short E 12 15 2 18 3
30820.WPH15E9.1 9.1 short E 12 15 2 18 3}
30820.WPH15E9.2 9.2 short E 12 15 2 18 3
30820.WPH15E9.3 93 short E 12 15 2 18 3
30820.WPH15E9.4 9.4 short E 12 15 2 18 3
30820.WPH15E9.5 9.5 short E 12 15 2 18 3

2 é-“ Wixroyd wixroyd.com

AN ESSENTRA COMPANY



Headed Drill Bushes - DIN 172A afions, Loca-

ads & Drill

Order No. i/d - d, Length gen Length letter Length d, rn d; Iy
mm

30820.WPH15E9.6 9.6 short E 12 15 2 18 3
30820.WPH15E9.7 9.7 short E 12 15 2 18 8
30820.WPH15E9.8 9.8 short E 12 15 2 18 3
30820.WPH15E9.9 98 short E 12 15 2 18 3
30820.WPH15E10.0 10.0 short E 12 15 2 18 3 g
30820.WPH18E10.1 10.1 short E 12 18 2 22 4 ]
30820.WPH18E10.2 10.2 short E 12 18 2 22 4 =
30820.WPH18E10.3 10.3 short E 12 18 2 22 4 2
30820.WPH18E10.4 10.4 short E 12 18 2 22 4 =
30820.WPH18E10.5 10.5 short E 12 18 2 22 4 A
30820.WPH18E10.6 10.6 short E 12 18 2 22 4 =
30820.WPH18E10.7 10.7 short E 12 18 2 22 4 2
30820.WPH18E10.8 10.8 short E 12 18 2 22 4 g
30820.WPH18E10.9 10.9 short E 12 18 2 22 4 S)
30820.WPH18E11.0 11.0 short E 12 18 2 22 4 )
30820.WPH18E11.1 111 short E 12 18 2 22 4 =
30820.WPH18E11.2 11.2 short E 12 18 2 22 4 =
30820.WPH18E11.3 11.3 short E 12 18 2 22 4
30820.WPH18E11.4 114 short E 12 18 2 22 4
30820.WPH18E11.5 11.5 short E 12 18 2 22 4
30820.WPH18E11.6 116 short E 12 18 2 22 4
30820.WPH18E11.7 11.7 short E 12 18 2 22 4
30820.WPH18E11.8 11.8 short E 12 18 2 22 4
30820.WPH18E11.9 119 short E 12 18 2 22 4
30820.WPH18E12.0 12.0 short E 12 18 2 22 4
30820.WPH22F12.1 12.1 short F 16 22 2 26 4
30820.WPH22F12.2 12.2 short F 16 22 2 26 4
30820.WPH22F12.3 123 short F 16 22 2 26 4
30820.WPH22F12.4 124 short F 16 22 2 26 4
30820.WPH22F12.5 12.5 short F 16 22 2 26 4
30820.WPH22F12.6 12.6 short F 16 22 2 26 4
30820.WPH22F12.7 12.7 short F 16 22 2 26 4
30820.WPH22F12.8 12.8 short F 16 22 2 26 4
30820.WPH22F12.9 12.9 short F 16 22 2 26 4
30820.WPH22F13.0 13.0 short F 16 22 2 26 4
30820.WPH22F13.1 13,1 short F 16 22 2 26 4
30820.WPH22F13.2 13.2 short F 16 22 2 26 4
30820.WPH22F13.3 13,3 short F 16 22 2 26 4
30820.WPH22F13.4 13.4 short F 16 22 2 26 4
30820.WPH22F13.5 13,3 short F 16 22 2 26 4
30820.WPH22F13.6 13.6 short F 16 22 2 26 4
30820.WPH22F13.7 13,7 short F 16 22 2 26 4
30820.WPH22F13.8 13.8 short F 16 22 2 26 4
30820.WPH22F13.9 139 short F 16 22 2 26 4
30820.WPH22F14.0 14.0 short F 16 22 2 26 4
30820.WPH22F14.1 14.1 short F 16 22 2 26 4
30820.WPH22F14.2 14.2 short F 16 22 2 26 4
30820.WPH22F14.3 14.3 short F 16 22 2 26 4
30820.WPH22F14.4 144 short F 16 22 2 26 4
30820.WPH22F14.5 14.5 short F 16 22 2 26 4
30820.WPH22F14.6 14.6 short F 16 22 2 26 4
30820.WPH22F14.7 14.7 short F 16 22 2 26 4
30820.WPH22F14.8 14.8 short F 16 22 2 26 4
30820.WPH22F14.9 14.9 short F 16 22 2 26 4
30820.WPH22F15.0 15.0 short F 16 22 2 26 4
30820.WPH26F15.5 1585 short F 16 26 2 30 4
30820.WPH26F16.0 16.0 short F 16 26 2 30 4
30820.WPH26F16.5 16.5 short F 16 26 2 30 4
30820.WPH26F17.0 17.0 short F 16 26 2 30 4
30820.WPH26F17.5 173 short F 16 26 2 30 4
30820.WPH26F18.0 18.0 short F 16 26 2 30 4
30820.WPH30H18.5 185 short H 20 30 3 34 o)
30820.WPH30H19.0 19.0 short H 20 30 3 34 5
30820.WPH30H19.5 19.5 short H 20 30 3 34 5
30820.WPH30H20.0 20.0 short H 20 30 3 34 5
30820.WPH30H20.5 20.5 short H 20 30 3 34 5
30820.WPH30H21.0 21.0 short H 20 30 3 34 5
30820.WPH30H21.5 213 short H 20 30 3 34 5
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Tenons, Loca-|| Headed Drill Bushes - DIN 172A

ting Pads F.a:’n' short
—

Order No. i/d - d, Length gen Length letter Length d, rn ds Iy
mm

30820.WPH30H22.0 22.0 short H 20 30 3 34 5
30820.WPH35H22.5 225 short H 20 35 3 39 5
30820.WPH35H23.0 23.0 short H 20 35 3 39 5
30820.WPH35H23.5 285 short H 20 33 3 S8 5
5! 30820.WPH35H24.0 24.0 short H 20 35 3 39 5
=] 30820.WPH35H24.5 24.5 short H 20 35 3 39 5
~: 30820.WPH35H25.0 25.0 short H 20 35 3 39 5
s 30820.WPH35H25.5 255 short H 20 33 3 39 5
=| 30820.WPH35H26.0 26.0 short H 20 35 3 39 5
5| 30820.WPH42J26.5 26.5 short J 25 42 3 46 5
g 30820.WPH42J27.0 27.0 short J 25 42 3 46 5
=1 30820.WPH42J27.5 273 short J 25 42 3 46 5
=] 30820.WPH42J28.0 28.0 short J 25 42 3 46 5
= 30820.WPH42J)28.5 28,5 short J 25 42 3 46 5
=) 30820.WPH42J29.0 29.0 short J 25 42 3 46 5
“4 30820.WPH42J29.5 295 short J 25 42 3 46 5
%] 30820.WPH42J30.0 30.0 short J 25 42 3 46 5
30820.WPH48J30.5 30.5 short J 25 48 3 52 5
30820.WPH48J31.0 31.0 short J 25 48 3 52 5
30820.WPH48J31.5 3.5 short J 25 48 3 52 5
30820.WPH48J32.0 32.0 short J 25 48 3 52 5
30820.WPH48J32.5 325 short J 25 48 3 52 5
30820.WPH48J33.0 33.0 short J 25 48 3 52 5
30820.WPH48J33.5 385 short J 25 48 3 52 5
30820.WPH48J34.0 34.0 short J 25 48 3 52 5
30820.WPH48J34.5 34.5 short J 25 48 3 52 5
30820.WPH48J35.0 35.0 short J 25 48 3 52 5
30820.WPH62L42.5 42.5 short L 30 62 3.5 66 6
30820.WPH62L43.0 43.0 short L 30 62 3.5 66 6
30820.WPH62L43.5 43.5 short L 30 62 3.5 66 6
30820.WPH62L44.0 44.0 short L 30 62 3.5 66 6
30820.WPH62L44.5 44.5 short L 30 62 3.5 66 6
30820.WPH62L45.0 45.0 short L 30 62 3.5 66 6
30820.WPH62L45.5 45.5 short L 30 62 3.5 66 6
30820.WPH62L46.0 46.0 short L 30 62 3.5 66 6
30820.WPH62L46.5 46.5 short L 30 62 3.5 66 6
30820.WPH62L47.0 47.0 short L 30 62 3.5 66 6
30820.WPH62L47.5 47.5 short L 30 62 3.5 66 6
30820.WPH62L48.0 48.0 short L 30 62 35 66 6
30820.WPH70L48.5 48.5 short L 30 70 St5 74 6
30820.WPH70L49.0 49.0 short L 30 70 3.5 74 6
30820.WPH70L49.5 49.5 short L 30 70 35 74 6
30820.WPH70L50.0 50.0 short L 30 70 35 74 6
30820.WPH70L50.5 50.5 short L 30 70 3.5 74 6
30820.WPH70L51.0 51.0 short L 30 70 3.5 74 6
30820.WPH70L51.5 55 short L 30 70 3.5 74 6
30820.WPH70L52.0 52.0 short L 30 70 35 74 6
30820.WPH70L52.5 525 short L 30 70 S5 74 6
30820.WPH70L53.0 53.0 short L 30 70 3.5 74 6
30820.WPH70L53.5 535 short L 30 70 33 74 6
30820.WPH70L54.0 54.0 short L 30 70 3.5 74 6
30820.WPH70L54.5 54.5 short L 30 70 3.5 74 6
30820.WPH70L55.0 55.0 short L 30 70 3.5 74 6
30820.WPH78M55.5 55.5 short M 35 78 4 82 6
30820.WPH78M56.0 56.0 short M 35 78 4 82 6
30820.WPH78M56.5 56.5 short M 35 78 4 82 6
30820.WPH78M57.0 57.0 short M 35 78 4 82 6
30820.WPH78M57.5 57.5 short M 33 78 4 82 6
30820.WPH78M58.0 58.0 short M 35 78 4 82 6
30820.WPH78M58.5 58.5 short M 35 78 4 82 6
30820.WPH78M59.0 59.0 short M 35 78 4 82 6
30820.WPH78M59.5 505 short M 35 78 4 82 6
30820.WPH78M60.0 60.0 short M 35 78 4 82 6
30820.WPH78M60.5 60.5 short M 33 78 4 82 6
30820.WPH78M61.0 61.0 short M 35 78 4 82 6
30820.WPH78M61.5 61.5 short M 35 78 4 82 6
30820.WPH78M62.0 62.0 short M 35 78 4 82 6
30820.WPH78M62.5 62.5 short M 35 78 4 82 6
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s, Loca-

\
ads & Drill

Order No. i’d - d, Length gen Length letter Length d, r dy I
mm
30820.WPH78M63.0 63.0 short M 35 78 4 82 6

TENONS, LOCATING PADS & DRILL BUSHES
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Headed Drill Bushes - DIN 172A

medium

30820.2

ordering example

30820 WPP 3 A 09

SIHSNEG T11¥A B SAVd ONILYI0T ‘SNONIL

headless o/d 1, id

when ordering please always state internal bore (iid) required - see th?

Material C- 9mm Please note sizes d, <0,9 prices available
High grade steel. Hardened 740 +HV10. D- 10mm on request.
Hole, d, ground ISO tolerance F7. E- 12mm
1 . Important Notes

o/d-d, ground ISO tolerance n6, to fit F- 16mm .

2 Drill bushes produced to standard DIN
standard hole tolerance H,. Length L, to H- 20mm increments for internal bores:
+0,2 for lengths 6 to 30mm. J-  25mm ’

i/d’s 0,9mm to 15,0mm - 0,1mm incre-

Technical Notes E__ ;g::: ments e.g. 1,1 mm, 1,2mm etc.

d, dimension tolerance to F7. M- 35mm i/d’s 15,2mm and over -0,5mm increments.
Key to dimensions L: N- 36mm
-1, short P- 40mm Ordering drill bushes to DIN standard
- |, medium increments offers a cost advantage, as

1 R- 45mm .
-1, long non-standard bores are machined to order
' > 56mm as specials
T- 67mm ’

Table of lengths L: W- 78mm

A-  6mm Tips

B- 8mm Sizes 48,01/d and above are made to order

Order No. i’d - d; Length gen Length letter Length d, r dy I,
mm

30820.WPH3C0.9 0.9 medium C 9 3 1 6 2
30820.WPH3C1.0 1.0 medium © 9 3 1 6 2
30820.WPH4C1.1 1.1 medium C 9 4 1 7 2
30820.WPH4C1.2 1.2 medium Cc ) 4 1 7 2
30820.WPH4C1.3 1.3 medium C 9 4 1 7 2
30820.WPH4C1.4 1.4 medium © 9 4 1 7 2
30820.WPH4C1.5 1.5 medium C 9 4 1 7 2
30820.WPH4C1.6 1.6 medium © 9 4 1 7 2
30820.WPH4C1.7 1.7 medium C 9 4 1 7 2
30820.WPH4C1.8 1.8 medium Cc ) 4 1 7 2
30820.WPH5C1.9 1.9 medium C 9 5 1 8 2
30820.WPH5C2.0 2.0 medium © 9 5) 1 8 2
30820.WPH5C2.1 2.1 medium C 9 5 1 8 2
30820.WPH5C2.2 2.2 medium © 9 5 1 8 2
30820.WPH5C2.3 2.3 medium C 9 5 1 8 2
30820.WPH5C2.4 2.4 medium Cc ) 5 1 8 2
30820.WPH5C2.5 2.5 medium C 9 5 1 8 2
30820.WPH5C2.6 2.6 medium © 9 5) 1 8 2
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Headed Drill Bushes - DIN 172A afions, Loca-

medium 3Pads & Drill
Order No. i/d - d, Length gen Length letter Length d, n d, ly
mm

30820.WPH6E2.7 2.7 medium E 12 6 1 9 2.5
30820.WPH6E2.8 2.8 medium E 12 6 1 9 2.3
30820.WPH6E2.9 29 medium E 12 6 1 9 2.5
30820.WPH6E3.0 3.0 medium E 12 6 1 9 2.5
30820.WPH6E3.1 3.1 medium E 12 6 1 9 2.5 g
30820.WPH6E3.2 32 medium E 12 6 1 9 2,3 2
30820.WPH6E3.3 3.3 medium E 12 6 1 9 2.5 =
30820.WPH7E3.4 34 medium E 12 7 1 10 25 2
30820.WPH7E3.5 35 medium E 12 7 1 10 2.5 =
30820.WPH7E3.6 3.6 medium E 12 7 1 10 2,3 A
30820.WPH7E3.7 3.7 medium E 12 7 1 10 2.5 g
30820.WPH7E3.8 3.8 medium E 12 7 1 10 2,3 2
30820.WPH7E3.9 3.9 medium E 12 7 1 10 2.5 g
30820.WPH7E4.0 4.0 medium E 12 7 1 10 25 S)
30820.WPH8E4.1 4.1 medium E 12 8 1 11 2.5 )
30820.WPHB8E4.2 4.2 medium E 12 8 1 11 23 =
30820.WPHB8E4.3 43 medium E 12 8 1 11 2.5 =
30820.WPH8E4.4 4.4 medium E 12 8 1 11 213
30820.WPHB8EA4.5 4.5 medium E 12 8 1 11 2.5
30820.WPHB8E4.6 4.6 medium E 12 8 1 11 2.3
30820.WPHB8E4.7 4.7 medium E 12 8 1 11 2.5
30820.WPHS8E4.8 4.8 medium E 12 8 1 11 23
30820.WPHB8EA4.9 4.9 medium E 12 8 1 11 25
30820.WPHS8E5.0 5.0 medium E 12 8 1 11 215
30820.WPH10F5.1 5.1 medium F 16 10 15 13 3
30820.WPH10F5.2 5.2 medium F 16 10 15 13 3
30820.WPH10F5.3 5.3 medium F 16 10 15 13 3
30820.WPH10F5.4 5.4 medium F 16 10 1.5 13 3
30820.WPH10F5.5 5.5 medium F 16 10 15 13 3
30820.WPH10F5.6 5.6 medium F 16 10 1.5 IKC) 3
30820.WPH10F5.7 5.7 medium F 16 10 15 13 3
30820.WPH10F5.8 5.8 medium F 16 10 1.5 113 8
30820.WPH10F5.9 5.9 medium F 16 10 15 13 3
30820.WPH10F6.0 6.0 medium F 16 10 1.5 13 3
30820.WPH12F6.1 6.1 medium F 16 12 15 15 3
30820.WPH12F6.2 6.2 medium F 16 12 %5 15 3
30820.WPH12F6.3 6.3 medium F 16 12 15 15 3
30820.WPH12F6.4 6.4 medium F 16 12 15 15 3}
30820.WPH12F6.5 6.5 medium F 16 12 15 15 3
30820.WPH12F6.6 6.6 medium F 16 12 1.3 15 3
30820.WPH12F6.7 6.7 medium F 16 12 15 15 3
30820.WPH12F6.8 6.8 medium F 16 12 1.3 15 3
30820.WPH12F6.9 6.9 medium F 16 12 15 15 3
30820.WPH12F7.0 7.0 medium F 16 12 %5 15 3
30820.WPH12F7.1 7.1 medium F 16 12 15 15 3
30820.WPH12F7.2 7.2 medium F 16 12 15 15 3
30820.WPH12F7.3 7.3 medium F 16 12 15 15 3
30820.WPH12F7.4 7.4 medium F 16 12 55 15 3
30820.WPH12F7.5 7.5 medium F 16 12 15 15 3
30820.WPH12F7.6 7.6 medium F 16 12 1.3 15 3
30820.WPH12F7.7 7.7 medium F 16 12 1.5 15 3
30820.WPH12F7.8 7.8 medium F 16 12 5 15 3}
30820.WPH12F7.9 7.9 medium F 16 12 15 15 3
30820.WPH12F8.0 8.0 medium F 16 12 5 15 3
30820.WPH15H8.1 8.1 medium H 20 15 2 18 3
30820.WPH15H8.2 8.2 medium H 20 15 2 18 3
30820.WPH15H8.3 83 medium H 20 15 2 18 3
30820.WPH15H8.4 8.4 medium H 20 15 2 18 3}
30820.WPH15H8.5 8.5 medium H 20 15 2 18 3
30820.WPH15H8.6 8.6 medium H 20 15 2 18 3
30820.WPH15H8.7 8.7 medium H 20 15 2 18 3
30820.WPH15H8.8 8.8 medium H 20 15 2 18 3
30820.WPH15H8.9 89 medium H 20 15 2 18 3
30820.WPH15H9.0 9.0 medium H 20 15 2 18 3
30820.WPH15H9.1 9.1 medium H 20 15 2 18 3
30820.WPH15H9.2 9.2 medium H 20 15 2 18 3
30820.WPH15H9.3 9.3 medium H 20 15 2 18 3
30820.WPH15H9.4 9.4 medium H 20 15 2 18 3
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Tenons, Loca-|| Headed Drill Bushes - DIN 172A

medium

Order No. i/d - d, Length gen Length letter Length d, rn d; Iy
mm

30820.WPH15H9.5 9.5 medium H 20 15 2 18 3
30820.WPH15H9.6 9.6 medium H 20 15 2 18 3
30820.WPH15H9.7 9.7 medium H 20 15 2 18 3
30820.WPH15H9.8 9.8 medium H 20 15 2 18 3

5! 30820.WPH15H9.9 9.9 medium H 20 15 2 18 3
=] 30820.WPH15H10.0 10.0 medium H 20 L5 2 18 3
~: 30820.WPH18H10.1 10.1 medium H 20 18 2 22 4
s 30820.WPH18H10.2 10.2 medium H 20 18 2 22 4
=| 30820.WPH18H10.3 10.3 medium H 20 18 2 22 4
5| 30820.WPH18H10.4 10.4 medium H 20 18 2 22 4
g 30820.WPH18H10.5 10.5 medium H 20 18 2 22 4
= 30820.WPH18H10.6 10.6 medium H 20 18 2 22 4
=] 30820.WPH18H10.7 10.7 medium H 20 18 2 22 4
= 30820.WPH18H10.8 10.8 medium H 20 18 2 22 4
=) 30820.WPH18H10.9 10.9 medium H 20 18 2 22 4
-4 30820.WPH18H11.0 11.0 medium H 20 18 2 22 4
%] 30820.WPH18H11.1 111 medium H 20 18 2 22 4
30820.WPH18H11.2 11.2 medium H 20 18 2 22 4
30820.WPH18H11.3 11.3 medium H 20 18 2 22 4
30820.WPH18H11.4 114 medium H 20 18 2 22 4
30820.WPH18H11.5 11.5 medium H 20 18 2 22 4
30820.WPH18H11.6 116 medium H 20 18 2 22 4
30820.WPH18H11.7 11.7 medium H 20 18 2 22 4
30820.WPH18H11.8 11.8 medium H 20 18 2 22 4
30820.WPH18H11.9 11.9 medium H 20 18 2 22 4
30820.WPH18H12.0 12.0 medium H 20 18 2 22 4
30820.WPH22K12.1 12.1 medium K 28 22 2 26 4
30820.WPH22K12.2 12.2 medium K 28 22 2 26 4
30820.WPH22K12.3 12.3 medium K 28 22 2 26 4
30820.WPH22K12.4 12.4 medium K 28 22 2 26 4
30820.WPH22K12.5 12.5 medium K 28 22 2 26 4
30820.WPH22K12.6 12.6 medium K 28 22 2 26 4
30820.WPH22K12.7 12.7 medium K 28 22 2 26 4
30820.WPH22K12.8 12.8 medium K 28 22 2 26 4
30820.WPH22K12.9 129 medium K 28 22 2 26 4
30820.WPH22K13.0 13.0 medium K 28 22 2 26 4
30820.WPH22K13.1 13.1 medium K 28 22 2 26 4
30820.WPH22K13.2 132 medium K 28 22 2 26 4
30820.WPH22K13.3 13.3 medium K 28 22 2 26 4
30820.WPH22K13.4 13.4 medium K 28 22 2 26 4
30820.WPH22K13.5 13.5 medium K 28 22 2 26 4
30820.WPH22K13.6 13.6 medium K 28 22 2 26 4
30820.WPH22K13.7 13.7 medium K 28 22 2 26 4
30820.WPH22K13.8 13.8 medium K 28 22 2 26 4
30820.WPH22K13.9 13.9 medium K 28 22 2 26 4
30820.WPH22K14.0 14.0 medium K 28 22 2 26 4
30820.WPH22K14.1 14.1 medium K 28 22 2 26 4
30820.WPH22K14.2 14.2 medium K 28 22 2 26 4
30820.WPH22K14.3 14.3 medium K 28 22 2 26 4
30820.WPH22K14.4 14.4 medium K 28 22 2 26 4
30820.WPH22K14.5 14.5 medium K 28 22 2 26 4
30820.WPH22K14.6 14.6 medium K 28 22 2 26 4
30820.WPH22K14.7 14.7 medium K 28 22 2 26 4
30820.WPH22K14.8 14.8 medium K 28 22 2 26 4
30820.WPH22K14.9 14.9 medium K 28 22 2 26 4
30820.WPH22K15.0 15.0 medium K 28 22 2 26 4
30820.WPH26K15.5 155 medium K 28 26 2 30 4
30820.WPH26K16.0 16.0 medium K 28 26 2 30 4
30820.WPH26K16.5 16.5 medium K 28 26 2 30 4
30820.WPH26K17.0 17.0 medium K 28 26 2 30 4
30820.WPH26K17.5 17.5 medium K 28 26 2 30 4
30820.WPH26K18.0 18.0 medium K 28 26 2 30 4
30820.WPH30N18.5 18.5 medium N 36 30 3 34 5
30820.WPH30N19.0 19.0 medium N 36 30 3} 34 5
30820.WPH30N19.5 19.5 medium N 36 30 3 34 5
30820.WPH30N20.0 20.0 medium N 36 30 3 34 5
30820.WPH30N20.5 20.5 medium N 36 30 3 34 5
30820.WPH30N21.0 21.0 medium N 36 30 3 34 5
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Headed Drill Bushes - DIN 172A

medium

Order No. i/d - d, Length gen Length letter Length d, n d, ly
mm

30820.WPH30N21.5 21.5 medium N 36 30 3 34 5
30820.WPH30N22.0 220 medium N 36 30 8 34 5
30820.WPH35N22.5 225 medium N 36 35 3 39 5
30820.WPH35N23.0 23.0 medium N 36 35 3 39 5
30820.WPH35N23.5 23.5 medium N 36 35 3 39 5 g
30820.WPH35N24.0 24.0 medium N 36 35 3 39 5 £
30820.WPH35N24.5 24.5 medium N 36 35 3 39 5 =
30820.WPH35N25.0 25.0 medium N 36 35 3} 39 5 2
30820.WPH35N25.5 255 medium N 36 35 3 39 5 =
30820.WPH35N26.0 26.0 medium N 36 35 3 39 5 A
30820.WPH42R26.5 26.5 medium R 45 42 3 46 5 g
30820.WPH42R27.0 27.0 medium R 45 42 3 46 5 2
30820.WPH42R27.5 27.5 medium R 45 42 3 46 5 g
30820.WPH42R28.0 28.0 medium R 45 42 3} 46 5 S)
30820.WPH42R28.5 28.5 medium R 45 42 3 46 5 )
30820.WPH42R29.0 29.0 medium R 45 42 3 46 5 =
30820.WPH42R29.5 29.5 medium R 45 42 3 46 5 =
30820.WPH42R30.0 30.0 medium R 45 42 3 46 5
30820.WPH48R30.5 30.5 medium R 45 48 3 52 5
30820.WPH48R31.0 31.0 medium R 45 48 3 52 5
30820.WPH48R31.5 31.5 medium R 45 48 3 52 5
30820.WPH48R32.0 32.0 medium R 45 48 3 52 5
30820.WPH48R32.5 32.5 medium R 45 48 3 52 5
30820.WPH48R33.0 33.0 medium R 45 48 3 52 o)
30820.WPH48R33.5 33.5 medium R 45 48 3 52 5
30820.WPH48R34.0 34.0 medium R 45 48 3 52 5
30820.WPH48R34.5 34.5 medium R 45 48 3 52 5
30820.WPH48R35.0 35.0 medium R 45 48 3 52 5
30820.WPH55S835.5 355 medium S 56 55 3.5 59 5
30820.WPH55S36.5 36.5 medium S 56 55 35 59 5
30820.WPH55S37.0 37.0 medium S 56 55 3.5 59 5
30820.WPH55S37.5 375 medium S 56 55 3.5 &S 5
30820.WPH55S538.0 38.0 medium S 56 55 3.5 59 5
30820.WPH55S538.5 385 medium S 56 55 3.5 59 5
30820.WPH55S39.0 39.0 medium S 56 55 3.5 59 5
30820.WPH55S39.5 39.5 medium S 56 55 35 5 5
30820.WPH55S540.5 40.5 medium S 56 55 3.5 59 5
30820.WPH55541.5 41.5 medium S 56 55 3.5 59 5
30820.WPH62542.5 42.5 medium S 56 62 35 66 6
30820.WPH62543.0 43.0 medium S 56 62 3.5 66 6
30820.WPH62543.5 43.5 medium S 56 62 3.5 66 6
30820.WPH62544.0 44.0 medium S 56 62 3.5 66 6
30820.WPH62S44.5 44.5 medium S 56 62 3.5 66 6
30820.WPH62545.0 45.0 medium S 56 62 35 66 6
30820.WPH62S545.5 45.5 medium S 56 62 3.5 66 6
30820.WPH62546.0 46.0 medium S 56 62 3.5 66 6
30820.WPH62546.5 46.5 medium S 56 62 35 66 6
30820.WPH62S47.0 47.0 medium S 56 62 3.5 66 6
30820.WPH62547.5 47.5 medium S 56 62 3.5 66 6
30820.WPH62548.0 48.0 medium S 56 62 35 66 6
30820.WPH70S48.5 48.5 medium S 56 70 3.5 74 6
30820.WPH70S49.0 49.0 medium S 56 70 3.5 74 6
30820.WPH70S49.5 49.5 medium S 56 70 3.5 74 6
30820.WPH70S50.0 50.0 medium S 56 70 S5 74 6
30820.WPH70S50.5 50.5 medium S 56 70 3.5 74 6
30820.WPH70S51.0 51.0 medium S 56 70 3.5 74 6
30820.WPH70S51.5 51.5 medium S 56 70 3.5 74 6
30820.WPH70S52.0 52.0 medium S 56 70 3.5 74 6
30820.WPH70S52.5 52.5 medium S 56 70 3.5 74 6
30820.WPH70S53.0 53.0 medium S 56 70 33 74 6
30820.WPH70S53.5 53.5 medium S 56 70 3.5 74 6
30820.WPH70S54.0 54.0 medium S 56 70 3.5 74 6
30820.WPH70S54.5 54.5 medium S 56 70 3.5 74 6
30820.WPH70S55.0 55.0 medium S 56 70 3.5 74 6
30820.WPH78T55.5 55.5 medium T 67 78 4 82 6
30820.WPH78T56.0 56.0 medium T 67 78 4 82 6
30820.WPH78T56.5 56.5 medium T 67 78 4 82 6
30820.WPH78T57.0 57.0 medium T 67 78 4 82 6
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Headed Drill Bushes - DIN 172A

medium

Order No. i/d - d, Length gen Length letter Length d, rn d; I,
mm
30820.WPH78T57.5 57.5 medium T 67 78 4 82 6
30820.WPH78T58.0 58.0 medium T 67 78 4 82 6
30820.WPH78T58.5 58.5 medium T 67 78 4 82 6
30820.WPH78T59.0 59.0 medium T 67 78 4 82 6
=l 30820.WPH78T59.5 59.5 medium T 67 78 4 82 6
=] 30820.WPH78T60.0 60.0 medium T 67 78 4 82 6
4 30820.WPH78T60.5 60.5 medium T 67 78 4 82 6
= 30820.WPH78T61.0 61.0 medium T 67 78 4 82 6
=| 30820.WPH78T61.5 61.5 medium T 67 78 4 82 6
5| 30820.WPH78T62.0 62.0 medium T 67 78 4 82 6
g 30820.WPH78T62.5 62.5 medium T 67 78 4 82 6
= 30820.WPH78T63.0 63.0 medium T 67 78 4 82 6
=
=
2
(%)
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Headed Drill Bushes - DIN 172A
long

kel 30820.3

ordering example

30820 WPP 3 A 09

TENONS, LOCATING PADS & DRILL BUSHES

headless o/d 1, id

when ordering please always state internal bore (iid) required - see th?

Material C- 9mm Please note sizes d, <0,9 prices available
High grade steel. Hardened 740 +HV10. D- 10mm on request.
Hole, d, ground ISO tolerance F7. E- 12mm
1 . Important Notes

o/d-d, ground ISO tolerance n6, to fit F- 16mm .

2 Drill bushes produced to standard DIN
standard hole tolerance H,. Length L, to H- 20mm increments for internal bores:
+0,2 for lengths 6 to 30mm. J-  25mm )

i/d’s 0,9mm to 15,0mm - 0,1mm incre-

Technical Notes E 532: ments e.g. 1,1 mm, 1,2mm etc.

d, dimension tolerance to F7. M- 35mm i/d’s 15,2mm and over -0,5mm increments.
Key to dimensions L: N- 36mm
-1, short P. 40mm Ordering drill bushes to DIN standard
-, medium R increments offers a cost advantage, as

- 45mm .
-1, long 5. 56 non-standard bores are machined to order
- oomm as specials
T- 67mm ’

Table of lengths L,: W- 78mm

A-  6mm Tips

B- 8mm Sizes 48,01/d and above are made to order

Order No. i’d - d, Length gen Length letter Length d, r d, I,
mm

30820.WPH6F2.7 2.7 long F 16 6 1 9 2.5
30820.WPH6F2.8 2.8 long F 16 6 1 9 2.5
30820.WPH6F2.9 2.9 long F 16 6 1 9 2.5
30820.WPH6F3.0 3.0 long F 16 6 1 9 25
30820.WPH6F3.1 3.1 long F 16 6 1 9 2.5
30820.WPH6F3.2 3.2 long F 16 6 1 9 25
30820.WPH6F3.3 3.3 long F 16 6 1 9 2.5
30820.WPH7F3.4 3.4 long F 16 7 1 10 25
30820.WPH7F3.5 35 long F 16 7 1 10 2.5
30820.WPH7F3.6 3.6 long F 16 7 1 10 25
30820.WPH7F3.7 3.7 long F 16 7 1 10 25
30820.WPH7F3.8 3.8 long F 16 7 1 10 25
30820.WPH7F3.9 3.9 long F 16 7 1 10 2.5
30820.WPH7F4.0 4.0 long F 16 7 1 10 2.5
30820.WPHS8F4.1 4.1 long F 16 8 1 11 2.5
30820.WPH8F4.2 4.2 long F 16 8 1 11 25
30820.WPH8F4.3 4.3 long F 16 8 1 11 25
30820.WPH8F4.4 4.4 long F 16 8 1 11 25
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Tenons, Loca-|| Headed Drill Bushes - DIN 172A

ting Pads F::»‘n long
‘ V/

Order No. i/d - d, Length gen Length letter Length d, rn d; Iy
mm

30820.WPH8F4.5 4.5 long F 16 8 1 11 2.5
30820.WPH8F4.6 4.6 long F 16 8 1 11 2.3
30820.WPH8F4.7 4.7 long F 16 8 1 11 2.5
30820.WPH8F4.8 4.8 long F 16 8 1 11 2.3

5! 30820.WPH8F4.9 49 long F 16 8 1 11 25
=] 30820.WPH8F5.0 5.0 long F 16 8 1 11 25
~: 30820.WPH10H5.1 5.1 long H 20 10 15 13 3
= 30820.WPH10H5.2 5.2 long H 20 10 15 13 3}
=| 30820.WPH10H5.3 53 long H 20 10 15 13 3
5| 30820.WPH10H5.4 5.4 long H 20 10 15 13 3
g 30820.WPH10H5.5 5.5 long H 20 10 15 13 3
= 30820.WPH10H5.6 5.6 long H 20 10 1.5 13 3
=] 30820.WPH10H5.7 5.7 long H 20 10 15 13 3
= 30820.WPH10H5.8 5.8 long H 20 10 15 13 3}
=4 30820.WPH10H5.9 5.9 long H 20 10 15 13 3
-4 30820.WPH10H6.0 6.0 long H 20 10 15 13 3
%] 30820.WPH12H6.1 6.1 long H 20 12 15 15 3
30820.WPH12H6.2 6.2 long H 20 12 15 15 3
30820.WPH12H6.3 6.3 long H 20 12 1.5 15 3
30820.WPH12H6.4 6.4 long H 20 12 15 15 3}
30820.WPH12H6.5 6.5 long H 20 12 15 15 3
30820.WPH12H6.6 6.6 long H 20 12 15 15 3
30820.WPH12H6.7 6.7 long H 20 12 15 15 3
30820.WPH12H6.8 6.8 long H 20 12 15 15 3
30820.WPH12H6.9 6.9 long H 20 12 1.5 15 3
30820.WPH12H7.0 7.0 long H 20 12 15 15 3}
30820.WPH12H7.1 7.1 long H 20 12 15 15 3
30820.WPH12H7.2 7.2 long H 20 12 15 15 3
30820.WPH12H7.3 7.3 long H 20 12 15 15 3
30820.WPH12H7.4 7.4 long H 20 12 15 15 3
30820.WPH12H7.5 7.5 long H 20 12 1.5 15 3
30820.WPH12H7.6 7.6 long H 20 12 15 15 3}
30820.WPH12H7.7 7.7 long H 20 12 15 15 3
30820.WPH12H7.8 7.8 long H 20 12 15 15 3
30820.WPH12H7.9 7.9 long H 20 12 15 15 3
30820.WPH12H8.0 8.0 long H 20 12 15 15 3
30820.WPH15J8.1 8.1 long J 25 15 2 18 3
30820.WPH15J8.2 82 long J 25 15 2 18 3}
30820.WPH15J8.3 8.3 long J 25 15 2 18 3
30820.WPH15J8.4 8.4 long J 25 15 2 18 3
30820.WPH15J8.5 85 long J 25 15 2 18 3
30820.WPH15J8.6 8.6 long J 25 15 2 18 3
30820.WPH15J8.7 8.7 long J 25 15 2 18 3
30820.WPH15J8.8 8.8 long J 25 L5 2 18 3
30820.WPH15J8.9 89 long J 25 15 2 18 3
30820.WPH15J9.0 9.0 long J 25 15 2 18 3
30820.WPH15J9.1 9.1 long J 25 15 2 18 3
30820.WPH15J9.2 9.2 long J 25 15 2 18 3
30820.WPH15J9.3 9.3 long J 25 15 2 18 3
30820.WPH15J9.4 9.4 long J 25 55 2 18 3
30820.WPH15J9.5 9.5 long J 25 15 2 18 3
30820.WPH15J9.6 9.6 long J 25 15 2 18 3
30820.WPH15J9.7 9.7 long J 25 15 2 18 3
30820.WPH15J9.8 9.8 long J 25 15 2 18 3
30820.WPH15J9.9 9.9 long J 25 15 2 18 3
30820.WPH15J10.0 10.0 long J 25 15 2 18 3
30820.WPH18J10.1 10.1 long J 25 18 2 22 4
30820.WPH18J10.2 10.2 long J 25 18 2 22 4
30820.WPH18J10.3 10.3 long J 25 18 2 22 4
30820.WPH18J10.4 10.4 long J 25 18 2 22 4
30820.WPH18J10.5 10.5 long J 25 18 2 22 4
30820.WPH18J10.6 10.6 long J 25 18 2 22 4
30820.WPH18J10.7 10.7 long J 25 18 2 22 4
30820.WPH18J10.8 10.8 long J 25 18 2 22 4
30820.WPH18J10.9 10.9 long J 25 18 2 22 4
30820.WPH18J11.0 11.0 long J 25 18 2 22 4
30820.WPH18J11.1 11.1 long J 25 18 2 22 4
30820.WPH18J11.2 11.2 long J 25 18 2 22 4

12 é-“ Wixroyd wixroyd.com

AN ESSENTRA COMPANY



Order No. i’d - d; Length gen Length letter Length d, r ds

o

mm
30820.WPH18J11.3 113 long J 25 18 2 22 4
30820.WPH18J11.4 114 long J 25 18 2 22 4
30820.WPH18J11.5 115 long J 25 18 2 22 4
30820.WPH18J11.6 116 long J 25 18 2 22 4
30820.WPH18J11.7 11.7 long J 25 18 2 22 4 g
30820.WPH18J11.8 11.8 long J 25 18 2 22 4 g
30820.WPH18J11.9 11.9 long J 25 18 2 22 4 =
30820.WPH18J12.0 12.0 long J 25 18 2 22 4 2
30820.WPH22N12.1 12.1 long N 36 22 2 26 4 =
30820.WPH22N12.2 12.2 long N 36 22 2 26 4 =
30820.WPH22N12.3 12.3 long N 36 22 2 26 4 >
30820.WPH22N12.4 124 long N 36 22 2 26 4 2
30820.WPH22N12.5 12,5 long N 36 22 2 26 4 g
30820.WPH22N12.6 126 long N 36 22 2 26 4 S
30820.WPH22N12.7 12.7 long N 36 22 2 26 4 )
30820.WPH22N12.8 12.8 long N 36 22 2 26 4 2
30820.WPH22N12.9 12.9 long N 36 22 2 26 4 =
30820.WPH22N13.0 13.0 long N 36 22 2 26 4
30820.WPH22N13.1 13.1 long N 36 22 2 26 4
30820.WPH22N13.2 13.2 long N 36 22 2 26 4
30820.WPH22N13.3 133 long N 36 22 2 26 4
30820.WPH22N13.4 13.4 long N 36 22 2 26 4
30820.WPH22N13.5 135 long N 36 22 2 26 4
30820.WPH22N13.6 13.6 long N 36 22 2 26 4
30820.WPH22N13.7 13.7 long N 36 22 2 26 4
30820.WPH22N13.8 13.8 long N 36 22 2 26 4
30820.WPH22N13.9 13.9 long N 36 22 2 26 4
30820.WPH22N14.0 14.0 long N 36 22 2 26 4
30820.WPH22N14.1 14.1 long N 36 22 2 26 4
30820.WPH22N14.2 14.2 long N 36 22 2 26 4
30820.WPH22N14.3 143 long N 36 22 2 26 4
30820.WPH22N14.4 144 long N 36 22 2 26 4
30820.WPH22N14.5 145 long N 36 22 2 26 4
30820.WPH22N14.6 146 long N 36 22 2 26 4
30820.WPH22N14.7 14.7 long N 36 22 2 26 4
30820.WPH22N14.8 14.8 long N 36 22 2 26 4
30820.WPH22N14.9 14.9 long N 36 22 2 26 4
30820.WPH22N15.0 15.0 long N 36 22 2 26 4
30820.WPH26N15.5 155 long N 36 26 2 30 4
30820.WPH26N16.0 16.0 long N 36 26 2 30 4
30820.WPH26N16.5 16.5 long N 36 26 2 30 4
30820.WPH26N17.0 17.0 long N 36 26 2 30 4
30820.WPH26N17.5 17.5 long N 36 26 2 30 4
30820.WPH26N18.0 18.0 long N 36 26 2 30 4
30820.WPH30R18.5 185 long R 45 30 3 34 5
30820.WPH30R19.0 19.0 long R 45 30 3 34 5
30820.WPH30R19.5 19.5 long R 45 30 3 34 5
30820.WPH30R20.0 20.0 long R 45 30 3 34 5
30820.WPH30R20.5 20.5 long R 45 30 3 34 5
30820.WPH30R21.0 21.0 long R 45 30 3 34 5
30820.WPH30R21.5 215 long R 45 30 3 34 5
30820.WPH30R22.0 22.0 long R 45 30 3 34 5
30820.WPH35R22.5 22.5 long R 45 35 3 39 5
30820.WPH35R23.0 23.0 long R 45 35 3 39 5
30820.WPH35R23.5 23.5 long R 45 35 3 39 5
30820.WPH35R24.0 24.0 long R 45 35 3 39 5
30820.WPH35R24.5 24.5 long R 45 35 3 39 5
30820.WPH35R25.0 25.0 long R 45 35 3 39 5
30820.WPH35R25.5 25.5 long R 45 35 3 39 5
30820.WPH35R26.0 26.0 long R 45 35 3 39 5
30820.WPH42526.5 26.5 long S 56 42 3 46 5
30820.WPH42527.0 27.0 long S 56 42 3 46 5
30820.WPH42527.5 27.5 long S 56 42 3 46 5
30820.WPH42S28.0 28.0 long S 56 42 3 46 5
30820.WPH42S528.5 285 long S 56 42 3 46 5
30820.WPH42S29.0 29.0 long S 56 42 3 46 5
30820.WPH42529.5 29.5 long S 56 42 3 46 5
30820.WPH42S30.0 30.0 long S 56 42 3 46 5
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Tenons, Loca-|| Headed Drill Bushes - DIN 172A

ting Pads F::»‘n long
‘ V/

Order No. i/d - d, Length gen Length letter Length d, rn d; Iy
mm

30820.WPH48S30.5 30.5 long S 56 48 3 52 5
30820.WPH48S31.0 31.0 long S 56 48 3 52 5
30820.WPH48S31.5 315 long S 56 48 3 52 5
30820.WPH48S32.0 32.0 long S 56 48 3 52 5
5! 30820.WPH48S32.5 325 long S 56 48 3 52 5
=] 30820.WPH48S33.0 33.0 long S 56 48 3 52 5
~: 30820.WPH48S33.5 33.5 long S 56 48 3 52 5
= 30820.WPH48S34.0 34.0 long S 56 48 3} 52 5
=| 30820.WPH48534.5 34.5 long S 56 48 3 52 5
5| 30820.WPH48S35.0 35.0 long S 56 48 3 52 5
g 30820.WPH55T35.5 35.5 long T 67 55 3.5 59 5
# 30820.WPH55T36.0 36.0 long T 67 55 3.5 52 5
=] 30820.WPH55T36.5 36.5 long T 67 55 3.5 59 5
= 30820.WPH55T37.0 37.0 long T 67 55 3.5 5°) 5
=) 30820.WPH55T37.5 37.5 long T 67 55 35 59 5
“4 30820.WPH55T38.0 38.0 long T 67 55 3.5 59 5
%] 30820.WPH55T38.5 38.5 long T 67 55 3.5 59 5
30820.WPH55T39.0 39.0 long T 67 55 35 55 5
30820.WPH55T39.5 395 long T 67 55 3.5 59 5
30820.WPH55T40.0 40.0 long T 67 55 3.5 5°) 5
30820.WPH55T40.5 40.5 long T 67 55 3.5 59 5
30820.WPH55T41.5 41.5 long T 67 55 3.5 59 5
30820.WPH55T42.0 42.0 long T 67 55 3.5 59 5
30820.WPH62T42.5 42.5 long T 67 62 3.5 66 6
30820.WPH62T43.0 43.0 long T 67 62 3.5 66 6
30820.WPH62T43.5 435 long T 67 62 3.5 66 6
30820.WPH62T44.0 44.0 long T 67 62 35 66 6
30820.WPH62T44.5 44.5 long T 67 62 3.5 66 6
30820.WPH62T45.0 45.0 long T 67 62 3.5 66 6
30820.WPH62T45.5 45.5 long T 67 62 33 66 6
30820.WPH62T46.0 46.0 long T 67 62 3.5 66 6
30820.WPH62T46.5 46.5 long T 67 62 3.5 66 6
30820.WPH62T47.0 47.0 long T 67 62 3.5 66 6
30820.WPH62T47.5 47.5 long T 67 62 33 66 6
30820.WPH62T48.0 48.0 long T 67 62 3.5 66 6
30820.WPH70T48.5 48.5 long T 67 70 33 74 6
30820.WPH70T49.0 49.0 long T 67 70 3.5 74 6
30820.WPH70T49.5 49.5 long T 67 70 3.5 74 6
30820.WPH70T50.0 50.0 long T 67 70 3.5 74 6
30820.WPH70T50.5 50.5 long T 67 70 Si5 74 6
30820.WPH70T51.0 51.0 long T 67 70 3.5 74 6
30820.WPH70T51.5 515 long T 67 70 3.5 74 6
30820.WPH70T52.0 52.0 long T 67 70 3.5 74 6
30820.WPH70T52.5 52,3 long T 67 70 3.5 74 6
30820.WPH70T53.0 53.0 long T 67 70 3.5 74 6
30820.WPH70T53.5 53.5 long T 67 70 3.5 74 6
30820.WPH70T54.0 54.0 long T 67 70 3.5 74 6
30820.WPH70T54.5 54.5 long T 67 70 33 74 6
30820.WPH70T55.0 55.0 long T 67 70 3.5 74 6
30820.WPH78W55.5 55.5 long w 78 78 4 82 6
30820.WPH78W56.0 56.0 long w 78 78 4 82 6
30820.WPH78W56.5 56.5 long w 78 78 4 82 6
30820.WPH78W57.0 57.0 long w 78 78 4 82 6
30820.WPH78W57.5 573 long w 78 78 4 82 6
30820.WPH78W58.0 58.0 long w 78 78 4 82 6
30820.WPH78W58.5 58.5 long w 78 78 4 82 6
30820.WPH78W59.0 59.0 long w 78 78 4 82 6
30820.WPH78W59.5 505 long w 78 78 4 82 6
30820.WPH78W60.0 60.0 long w 78 78 4 82 6
30820.WPH78W60.5 60.5 long w 78 78 4 82 6
30820.WPH78W61.0 61.0 long w 78 78 4 82 6
30820.WPH78W61.5 61.5 long w 78 78 4 82 6
30820.WPH78W62.0 62.0 long w 78 78 4 82 6
30820.WPH78W62.5 62.5 long w 78 78 4 82 6
30820.WPH78W63.0 63.0 long w 78 78 4 82 6
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ordering example

30800.WPP 3 A0.90

when ordering please always state internal bore (ifd) required - see 01”

headless o/d 1, id

30800.1

Material A- 6mm T-67mm
High grade steel. Hardened 740 +HV10. B-8mm W-78mm
Hole, d, ground ISO tolerance F7. C-9mm Tips
o/d-d, ground IS0 tolerance né, to fit D- 10mm . .
standard hole tolerance H,. Length L, to E-12mm i}szsr48,0 i/d and above are made to
+0,2 for lengths 6 to 30mm. F- 16mm ’ . . .
H- 20mm Please note sizes d, <0,9 prices available

Technical Notes 3- 25mm on request.
d, dimension tolerance to F7. K- 28 I N
Key to dimensions L,: T eemm mportant Notes
-L short 1 L-30mm Drill bushes produced to standard DIN

ll di M- 35mm increments forinternal bores:

ll [ne um N-36mm i/d’s 0,9mm to 15,0mm - 0,1mm incre-

1ong P- 40mm ments e.g. 1,1 mm, 1,2mm etc.

. R-45mm i/d’s 15,1mm and over -0,5mm increments.
Table of lengths L,: S 56mm
Order No. i’d - d,; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP3A0.9 0.9 short A 6 3 1
30800.WPP3A1.0 1.0 short A 6 3 1
30800.WPP4A1.1 1.1 short A 6 4 1
30800.WPP4A1.2 1.2 short A 6 4 1
30800.WPP4A1.3 1.3 short A 6 4 1
30800.WPP4A1.4 14 short A 6 4 1
30800.WPP4A1.5 1.5 short A 6 4 1
30800.WPP4A1.6 1.6 short A 6 4 1
30800.WPP4A1.7 1.7 short A 6 4 1
30800.WPP4A1.8 1.8 short A 6 4 1
30800.WPP5A1.9 1.9 short A 6 5 1
30800.WPP5A2.0 2.0 short A 6 5 1
30800.WPP5A2.1 2.1 short A 6 5 1
30800.WPP5A2.2 2.2 short A 6 5 1
30800.WPP5A2.3 2.3 short A 6 5 1
30800.WPP5A2.4 2.4 short A 6 5 1
30800.WPP5A2.5 2.5 short A 6 5 1
30800.WPP5A2.6 2.6 short A 6 5 1
30800.WPP6B2.7 2.7 short B 8 6 1
30800.WPP6B2.8 2.8 short B 8 6 1
D : .
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Headless Drill Bushes - DIN 179

short

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6
30800.WPP6B2.9 2.9 short B 8 6 1
30800.WPP6B3.0 3.0 short B 8 6 1
30800.WPP6B3.1 3.1 short B 8 6 1
30800.WPP6B3.2 3.2 short B 8 6 1
g 30800.WPP6B3.3 33 short B 8 6 1
=] 30800.WPP7B3.4 34 short B 8 7 1
~: 30800.WPP7B3.5 35 short B 8 7 1
=% 30800.WPP7B3.6 3.6 short B 8 7 1
=l 30800.WPP7B3.7 37 short B 8 7 1
5| 30800.WPP7B3.8 3.8 short B 8 7 1
g 30800.WPP7B3.9 3.9 short B 8 7 1
| 30800.WPP7B4.0 4.0 short B 8 7 1
=] 30800.WPP8B4.1 4.1 short B 8 8 1
= 30800.WPP8B4.2 4.2 short B 8 8 1
=1 30800.WPP8B4.3 43 short B 8 8 1
%l 30800.WPP8B4.4 4.4 short B 8 8 1
%] 30800.WPP8B4.5 45 short B 8 8 1
30800.WPP8B4.6 4.6 short B 8 8 1
30800.WPP8B4.7 4.7 short B 8 8 1
30800.WPP8B4.8 4.8 short B 8 8 1
30800.WPP8B4.9 49 short B 8 8 1
30800.WPP8B5.0 5.0 short B 8 8 1
30800.WPP10D5.1 5.1 short D 10 10 1.5
30800.WPP10D5.2 5.2 short D 10 10 1.5
30800.WPP10D5.3 5.3 short D 10 10 1.5
30800.WPP10D5.4 5.4 short D 10 10 1.5
30800.WPP10D5.5 5.5 short D 10 10 1.5
30800.WPP10D5.6 5.6 short D 10 10 1.5
30800.WPP10D5.7 5.7 short D 10 10 1.5
30800.WPP10D5.8 5.8 short D 10 10 1.5
30800.WPP10D5.9 5.9 short D 10 10 1.5
30800.WPP10D6.0 6.0 short D 10 10 1.5
30800.WPP12D6.1 6.1 short D 10 12 1.5
30800.WPP12D6.2 6.2 short D 10 12 1.5
30800.WPP12D6.3 6.3 short D 10 12 1.5
30800.WPP12D6.4 6.4 short D 10 12 1.5
30800.WPP12D6.5 6.5 short D 10 12 1.5
30800.WPP12D6.6 6.6 short D 10 12 1.5
30800.WPP12D6.7 6.7 short D 10 12 1.5
30800.WPP12D6.8 6.8 short D 10 12 1.5
30800.WPP12D6.9 6.9 short D 10 12 1.5
30800.WPP12D7.0 7.0 short D 10 12 1.5
30800.WPP12D7.1 7.1 short D 10 12 1.5
30800.WPP12D7.2 7.2 short D 10 12 1.5
30800.WPP12D7.3 7.3 short D 10 12 1.5
30800.WPP12D7.4 7.4 short D 10 12 1.5
30800.WPP12D7.5 7.5 short D 10 12 1.5
30800.WPP12D7.6 7.6 short D 10 12 1.5
30800.WPP12D7.7 7.7 short D 10 12 1.5
30800.WPP12D7.8 7.8 short D 10 12 1.5
30800.WPP12D7.9 7.9 short D 10 12 1.5
30800.WPP12D8.0 8.0 short D 10 12 1.5
30800.WPP15E8.1 8.1 short E 12 15 2
30800.WPP15E8.2 8.2 short E 12 15 2
30800.WPP15E8.3 8.3 short E 12 15 2
30800.WPP15E8.4 8.4 short E 12 15 2
30800.WPP15E8.5 85 short E 12 15 2
30800.WPP15E8.6 8.6 short E 12 15 2
30800.WPP15E8.7 8.7 short E 12 15 2
30800.WPP15E8.8 8.8 short E 12 15 2
30800.WPP15E8.9 89 short E 12 15 2
30800.WPP15E9.0 9.0 short E 12 15 2
30800.WPP15E9.1 9.1 short E 12 15 2
30800.WPP15E9.2 9.2 short E 12 15 2
30800.WPP15E9.3 9.3 short E 12 15 2
30800.WPP15E9.4 9.4 short E 12 15 2
30800.WPP15E9.5 9.5 short E 12 15 2
30800.WPP15E9.6 9.6 short E 12 15 2
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ns, Loca-

ads & Drill

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP15E9.7 9.7 short E 12 15 2
30800.WPP15E9.8 9.8 short E 12 15 2
30800.WPP15E9.9 9.9 short E 12 15 2
30800.WPP15E10.0 10.0 short B 12 15 2
30800.WPP18E10.1 10.1 short E 12 18 2 g
30800.WPP18E10.2 10.2 short E 12 18 2 Z
30800.WPP18E10.3 10.3 short E 12 18 2 =
30800.WPP18E10.4 10.4 short E 12 18 2 =
30800.WPP18E10.5 10.5 short E 12 18 2 =
30800.WPP18E10.6 10.6 short E 12 18 2 @
30800.WPP18E10.7 10.7 short E 12 18 2 =
30800.WPP18E10.8 10.8 short E 12 18 2 2
30800.WPP18E10.9 10.9 short E 12 18 2 g
30800.WPP18E11.0 11.0 short E 12 18 2 S
30800.WPP18E11.1 11.1 short E 12 18 2 %)
30800.WPP18E11.2 11.2 short B 12 18 2 =
30800.WPP18E11.3 11.3 short E 12 18 2 =
30800.WPP18E11.4 114 short E 12 18 2
30800.WPP18E11.5 115 short E 12 18 2
30800.WPP18E11.6 11.6 short E 12 18 2
30800.WPP18E11.7 11.7 short E 12 18 2
30800.WPP18E11.8 11.8 short B 12 18 2
30800.WPP18E11.9 11.9 short E 12 18 2
30800.WPP18E12.0 12.0 short E 12 18 2
30800.WPP22F12.1 12.1 short F 16 22 2
30800.WPP22F12.2 12.2 short F 16 22 2
30800.WPP22F12.3 12.3 short F 16 22 2
30800.WPP22F12.4 124 short F 16 22 2
30800.WPP22F12.5 125 short F 16 22 2
30800.WPP22F12.6 12.6 short F 16 22 2
30800.WPP22F12.7 12.7 short F 16 22 2
30800.WPP22F12.8 12.8 short F 16 22 2
30800.WPP22F12.9 12.9 short F 16 22 2
30800.WPP22F13.0 13.0 short F 16 22 2
30800.WPP22F13.1 13.1 short F 16 22 2
30800.WPP22F13.2 13.2 short F 16 22 2
30800.WPP22F13.3 13.3 short F 16 22 2
30800.WPP22F13.4 13.4 short F 16 22 2
30800.WPP22F13.5 135 short F 16 22 2
30800.WPP22F13.6 13.6 short F 16 22 2
30800.WPP22F13.7 13.7 short F 16 22 2
30800.WPP22F13.8 13.8 short F 16 22 2
30800.WPP22F13.9 139 short F 16 22 2
30800.WPP22F14.0 14.0 short F 16 22 2
30800.WPP22F14.1 14.1 short F 16 22 2
30800.WPP22F14.2 14.2 short F 16 22 2
30800.WPP22F14.3 14.3 short F 16 22 2
30800.WPP22F14.4 14.4 short F 16 22 2
30800.WPP22F14.5 14.5 short F 16 22 2
30800.WPP22F14.6 14.6 short F 16 22 2
30800.WPP22F14.7 14.7 short F 16 22 2
30800.WPP22F14.8 14.8 short B 16 22 2
30800.WPP22F14.9 14.9 short F 16 22 2
30800.WPP22F15.0 15.0 short F 16 22 2
30800.WPP26F15.5 15.5 short F 16 26 2
30800.WPP26F16.0 16.0 short F 16 26 2
30800.WPP26F16.5 16.5 short F 16 26 2
30800.WPP26F17.0 17.0 short F 16 26 2
30800.WPP26F17.5 17.5 short F 16 26 2
30800.WPP26F18.0 18.0 short F 16 26 2
30800.WPP30H18.5 185 short H 20 30 3
30800.WPP30H19.0 19.0 short H 20 30 3
30800.WPP30H19.5 19.5 short H 20 30 3
30800.WPP30H20.0 20.0 short H 20 30 3
30800.WPP30H20.5 20.5 short H 20 30 3
30800.WPP30H21.0 21.0 short H 20 30 3
30800.WPP30H21.5 21.5 short H 20 30 3
30800.WPP30H22.0 22.0 short H 20 30 3

M Wixroud 0333 207 4497 sales@wixroyd.com 17

AN ESSENTRA COMPANY



Headless Drill Bushes - DIN 179

short

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP35H22.5 22.5 short H 20 35 3
30800.WPP35H23.0 23.0 short H 20 35 3
30800.WPP35H23.5 23.5 short H 20 35 3
30800.WPP35H24.0 24.0 short H 20 35 3
§ 30800.WPP35H24.5 24.5 short H 20 35 3
=] 30800.WPP35H25.0 25.0 short H 20 35 3
~: 30800.WPP35H25.5 25.5 short H 20 35 3
=% 30800.WPP35H26.0 26.0 short H 20 35 3
=| 30800.WPP42J26.5 26.5 short J 25 42 3
5| 30800.WPP42J27.0 27.0 short J 25 42 3
g 30800.WPP42J27.5 275 short J 25 42 3
| 30800.WPP42J28.0 28.0 short J 25 42 3
=] 30800.WPP42J28.5 28.5 short J 25 42 3
= 30800.WPP42J29.0 29.0 short J 25 42 3
=1 30800.WPP42J29.5 29.5 short J 25 42 3
“ 30800.WPP42J30.0 30.0 short J 25 42 3
¥ 30800.WPP48J30.5 30.5 short J 25 48 3
30800.WPP48J31.0 31.0 short J 25 48 3
30800.WPP48J31.5 315 short J 25 48 3
30800.WPP48J32.0 32.0 short J 25 48 3
30800.WPP48J32.5 325 short J 25 48 3
30800.WPP48J33.0 33.0 short J 25 48 3
30800.WPP48J33.5 335 short J 25 48 3
30800.WPP48J34.0 34.0 short J 25 48 3
30800.WPP48J34.5 34.5 short J 25 48 3
30800.WPP48J35.0 35.0 short J 25 48 3
30800.WPP70L55.0 55.0 short L 30 70 35
30800.WPP78M55.5 55.5 short M 35 78 4
30800.WPP78M56.0 56.0 short M 35 78 4
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Headless Drill Bushes - DIN 179

medium

ST 30800.2
- % =3 °
ordering example

30800.WPP 3 A 0.90
headless ofd |; id

TENONS, LOCATING PADS & DRILL BUSHES

when ordering please always state internal bore (ifd) required - see 01”

Material A-  6mm T- 67mm

High grade steel. Hardened 740 +HV10. B- 8mm W- 78mm

Hole, d, ground ISO tolerance F7. C- 9mm Tips

o/d-d, ground IS0 tolerance né, to fit D- 10mm . .

standard hole tolerance H,. Length L, to E- 12mm i}szsr48,0 i/d and above are made to

+0,2 for lengths 6 to 30mm. F- 16mm ’ . . .

H- 20mm Please note sizes d, <0,9 prices available

Technical Notes I 25mm on request.

d, dimension tolerance to F7.

Ké to dimensions L. K- 28mm Important Notes
_{ short r L- 30mm Drill bushes produced to standard DIN
) ll medium M- 35mm increments for internal bores:
-ll lon N- 36mm i/d’s 0,9mm to 15,0mm - 0,1mm incre-

1:ong P-  40mm ments e.g. 1,1 mm, 1,2mm etc.
. R- 45mm i/d’s 15,1mm and over -0,5mm increments.
Table of lengths L,: S 56mm
Order No. i’d - d; Length gen Length letter Iy d, r
tol. F7 +0.2 tol. N6

30800.WPP3C0.9 0.9 medium C 9 3 1
30800.WPP3C1.0 1.0 medium © 9 3 1
30800.WPP4C1.1 1.1 medium C 9 4 1
30800.WPP4C1.2 1.2 medium © ) 4 1
30800.WPP4C1.3 1.3 medium C 9 4 1
30800.WPP4C1.4 14 medium © 9 4 1
30800.WPP4C1.5 1.5 medium C 9 4 1
30800.WPP4C1.6 1.6 medium © 9 4 1
30800.WPP4C1.7 1.7 medium C 9 4 1
30800.WPP4C1.8 1.8 medium © ) 4 1
30800.WPP5C1.9 1.9 medium C 9 5 1
30800.WPP5C2.0 2.0 medium © 9 5 1
30800.WPP5C2.1 2.1 medium C 9 5 1
30800.WPP5C2.2 2.2 medium © 9 5 1
30800.WPP5C2.3 2.3 medium C 9 5 1
30800.WPP5C2.4 2.4 medium © ) 5 1
30800.WPP5C2.5 2.5 medium C 9 5 1
30800.WPP5C2.6 2.6 medium © 9 5 1
30800.WPP6E2.7 2.7 medium E 12 6 1
30800.WPP6E2.8 2.8 medium E 12 6 1

o] 1 ° .
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Tenons, Loca-|| Headless Drill Bushes - DIN 179

medium

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP6E2.9 29 medium E 12 6 1
30800.WPP6E3.0 3.0 medium E 12 6 1
30800.WPP6E3.1 3.1 medium E 12 6 1
30800.WPP6E3.2 32 medium E 12 6 1
5! 30800.WPP6E3.3 33 medium E 12 6 1
=] 30800.WPP7E3.4 34 medium E 12 7 1
4 30800.WPP7E3.5 35 medium E 12 7 1
=] 30800.WPP7E3.6 36 medium E 12 7 1
=| 30800.WPP7E3.7 3.7 medium E 12 7 1
5| 30800.WPP7E3.8 38 medium E 12 7 1
| 30800.WPP7E3.9 39 medium E 12 7 1
% 30800.WPP7E4.0 4.0 medium E 12 7 1
=| 30800.WPP8E4.1 4.1 medium E 12 8 1
= 30800.WPP8E4.2 4.2 medium E 12 8 1
=l 30800.WPP8E4.3 43 medium E 12 8 1
% 30800.WPP8E4.4 4.4 medium E 12 8 1
7] 30800.WPP8E4.5 45 medium E 12 8 1
30800.WPP8E4.6 4.6 medium E 12 8 1
30800.WPP8E4.7 4.7 medium E 12 8 1
30800.WPP8E4.8 4.8 medium E 12 8 1
30800.WPP8E4.9 4.9 medium E 12 8 1
30800.WPPSE5.0 5.0 medium E 12 8 1
30800.WPP10F5.1 5.1 medium F 16 10 1.5
30800.WPP10F5.2 5.2 medium F 16 10 1.5
30800.WPP10F5.3 5.3 medium F 16 10 1.5
30800.WPP10F5.4 5.4 medium F 16 10 15
30800.WPP10F5.5 5.5 medium F 16 10 15
30800.WPP10F5.6 5.6 medium F 16 10 1.5
30800.WPP10F5.7 5.7 medium F 16 10 1.5
30800.WPP10F5.8 5.8 medium F 16 10 1.5
30800.WPP10F5.9 5.9 medium F 16 10 1.5
30800.WPP10F6.0 6.0 medium F 16 10 15
30800.WPP12F6.1 6.1 medium F 16 12 15
30800.WPP12F6.2 6.2 medium F 16 12 1.5
30800.WPP12F6.3 6.3 medium F 16 12 15
30800.WPP12F6.4 6.4 medium F 16 12 1.5
30800.WPP12F6.5 6.5 medium F 16 12 15
30800.WPP12F6.6 6.6 medium F 16 12 15
30800.WPP12F6.7 6.7 medium F 16 12 15
30800.WPP12F6.8 6.8 medium F 16 12 1.5
30800.WPP12F6.9 6.9 medium F 16 12 15
30800.WPP12F7.0 7.0 medium F 16 12 15
30800.WPP12F7.1 7.1 medium F 16 12 15
30800.WPP12F7.2 7.2 medium F 16 12 15
30800.WPP12F7.3 7.3 medium F 16 12 15
30800.WPP12F7.4 7.4 medium F 16 12 15
30800.WPP12F7.5 7.5 medium F 16 12 15
30800.WPP12F7.6 7.6 medium F 16 12 15
30800.WPP12F7.7 7.7 medium F 16 12 15
30800.WPP12F7.8 7.8 medium F 16 12 15
30800.WPP12F7.9 7.9 medium F 16 12 15
30800.WPP12F8.0 8.0 medium F 16 12 1.5
30800.WPP15H8.1 8.1 medium H 20 15 2
30800.WPP15H8.2 8.2 medium H 20 15 2
30800.WPP15H8.3 8.3 medium H 20 15 2
30800.WPP15H8.4 8.4 medium H 20 15 2
30800.WPP15H8.5 8.5 medium H 20 15 2
30800.WPP15H8.6 8.6 medium H 20 15 2
30800.WPP15H8.7 8.7 medium H 20 15 2
30800.WPP15H8.8 8.8 medium H 20 15 2
30800.WPP15H8.9 89 medium H 20 15 2
30800.WPP15H9.0 9.0 medium H 20 15 2
30800.WPP15H9.1 9.1 medium H 20 15 2
30800.WPP15H9.2 9.2 medium H 20 15 2
30800.WPP15H9.3 9.3 medium H 20 15 2
30800.WPP15H9.4 9.4 medium H 20 15 2
30800.WPP15H9.5 9.5 medium H 20 15 2
30800.WPP15H9.6 9.6 medium H 20 15 2
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Headless Drill Bushes - DIN 179

medium

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP15H9.7 9.7 medium H 20 15 2
30800.WPP15H9.8 9.8 medium H 20 15 2
30800.WPP15H9.9 9.9 medium H 20 15 2
30800.WPP15H10.0 10.0 medium H 20 15 2
30800.WPP18H10.1 10.1 medium H 20 18 2 g
30800.WPP18H10.2 10.2 medium H 20 18 2 Z
30800.WPP18H10.3 10.3 medium H 20 18 2 =
30800.WPP18H10.4 10.4 medium H 20 18 2 =
30800.WPP18H10.5 10.5 medium H 20 18 2 =
30800.WPP18H10.6 10.6 medium H 20 18 2 @
30800.WPP18H10.7 10.7 medium H 20 18 2 =
30800.WPP18H10.8 10.8 medium H 20 18 2 2
30800.WPP18H10.9 109 medium H 20 18 2 g
30800.WPP18H11.0 11.0 medium H 20 18 2 S
30800.WPP18H11.1 11.1 medium H 20 18 2 %)
30800.WPP18H11.2 11.2 medium H 20 18 2 =
30800.WPP18H11.3 11.3 medium H 20 18 2 =
30800.WPP18H11.4 114 medium H 20 18 2
30800.WPP18H11.5 115 medium H 20 18 2
30800.WPP18H11.6 11.6 medium H 20 18 2
30800.WPP18H11.7 11.7 medium H 20 18 2
30800.WPP18H11.8 11.8 medium H 20 18 2
30800.WPP18H11.9 119 medium H 20 18 2
30800.WPP18H12.0 12.0 medium H 20 18 2
30800.WPP22K12.1 12.1 medium K 28 22 2
30800.WPP22K12.2 12.2 medium K 28 22 2
30800.WPP22K12.3 12.3 medium K 28 22 2
30800.WPP22K12.4 124 medium K 28 22 2
30800.WPP22K12.5 125 medium K 28 22 2
30800.WPP22K12.6 12.6 medium K 28 22 2
30800.WPP22K12.7 12.7 medium K 28 22 2
30800.WPP22K12.8 12.8 medium K 28 22 2
30800.WPP22K12.9 12.9 medium K 28 22 2
30800.WPP22K13.0 13.0 medium K 28 22 2
30800.WPP22K13.1 13.1 medium K 28 22 2
30800.WPP22K13.2 13.2 medium K 28 22 2
30800.WPP22K13.3 133 medium K 28 22 2
30800.WPP22K13.4 13.4 medium K 28 22 2
30800.WPP22K13.5 135 medium K 28 22 2
30800.WPP22K13.6 13.6 medium K 28 22 2
30800.WPP22K13.7 13.7 medium K 28 22 2
30800.WPP22K13.8 13.8 medium K 28 22 2
30800.WPP22K13.9 139 medium K 28 22 2
30800.WPP22K14.0 14.0 medium K 28 22 2
30800.WPP22K14.1 14.1 medium K 28 22 2
30800.WPP22K14.2 14.2 medium K 28 22 2
30800.WPP22K14.3 14.3 medium K 28 22 2
30800.WPP22K14.4 14.4 medium K 28 22 2
30800.WPP22K14.5 14.5 medium K 28 22 2
30800.WPP22K14.6 14.6 medium K 28 22 2
30800.WPP22K14.7 14.7 medium K 28 22 2
30800.WPP22K14.8 14.8 medium K 28 22 2
30800.WPP22K14.9 14.9 medium K 28 22 2
30800.WPP22K15.0 15.0 medium K 28 22 2
30800.WPP26K15.5 15.5 medium K 28 26 2
30800.WPP26K16.0 16.0 medium K 28 26 2
30800.WPP26K16.5 16.5 medium K 28 26 2
30800.WPP26K17.0 17.0 medium K 28 26 2
30800.WPP26K17.5 17.5 medium K 28 26 2
30800.WPP26K18.0 18.0 medium K 28 26 2
30800.WPP30N18.5 185 medium N 36 30 3
30800.WPP30N19.0 19.0 medium N 36 30 3
30800.WPP30N19.5 19.5 medium N 36 30 3
30800.WPP30N20.0 20.0 medium N 36 30 3
30800.WPP30N20.5 20.5 medium N 36 30 3
30800.WPP30N21.0 21.0 medium N 36 30 3
30800.WPP30N21.5 21.5 medium N 36 30 3
30800.WPP30N22.0 22.0 medium N 36 30 3
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Headless Drill Bushes - DIN 179

medium

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP35N22.5 22.5 medium N 36 35 3
30800.WPP35N23.0 23.0 medium N 36 35 3
30800.WPP35N23.5 23.5 medium N 36 35 3
30800.WPP35N24.0 24.0 medium N 36 35 3
g 30800.WPP35N24.5 24.5 medium N 36 35 3
=] 30800.WPP35N25.0 25.0 medium N 36 35 3
~: 30800.WPP35N25.5 25.5 medium N 36 35 3
=1 30800.WPP35N26.0 26.0 medium N 36 35 3
=| 30800.WPP42R26.5 26.5 medium R 45 42 3
5| 30800.WPP42R27.0 27.0 medium R 45 42 3
g 30800.WPP42R27.5 27.5 medium R 45 42 3
| 30800.WPP42R28.0 28.0 medium R 45 42 3
=] 30800.WPP42R28.5 28.5 medium R 45 42 3
= 30800.WPP42R29.0 29.0 medium R 45 42 3
=1 30800.WPP42R29.5 29.5 medium R 45 42 3
“ 30800.WPP42R30.0 30.0 medium R 45 42 3
% 30800.WPP48R30.5 30.5 medium R 45 48 3
30800.WPP48R31.0 31.0 medium R 45 48 3
30800.WPP48R31.5 31.5 medium R 45 48 3
30800.WPP48R32.0 32.0 medium R 45 48 3
30800.WPP48R32.5 325 medium R 45 48 3
30800.WPP48R33.0 33.0 medium R 45 48 3
30800.WPP48R33.5 335 medium R 45 48 3
30800.WPP48R34.0 34.0 medium R 45 48 3
30800.WPP48R34.5 34.5 medium R 45 48 3
30800.WPP48R35.0 35.0 medium R 45 48 3
30800.WPP78T55.5 55.5 medium T 67 78 4
30800.WPP78T56.0 56.0 medium T 67 78 4
30800.WPP78T56.5 56.5 medium T 67 78 4
30800.WPP78T57.0 57.0 medium T 67 78 4
30800.WPP78T57.5 57.5 medium T 67 78 4
30800.WPP78T58.0 58.0 medium T 67 78 4
30800.WPP78T58.5 58.5 medium T 67 78 4
30800.WPP78T59.0 59.0 medium T 67 78 4
30800.WPP78T59.5 59.5 medium T 67 78 4
30800.WPP78T60.0 60.0 medium T 67 78 4
30800.WPP78T60.5 60.5 medium T 67 78 4
30800.WPP78T61.0 61.0 medium T 67 78 4
30800.WPP78T61.5 61.5 medium T 67 78 4
30800.WPP78T62.0 62.0 medium T 67 78 4
30800.WPP78T62.5 62.5 medium T 67 78 4
30800.WPP78T63.0 63.0 medium T 67 78 4
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ordering example

30800.WPP 3 A0.90

headless o/d 1, id

when ordering please always state internal bore (ifd) required - see 01”

30800.3

Material A-  6mm T- 67mm
High grade steel. Hardened 740 +HV10. B- 8mm W- 78mm
Hole, d, ground ISO tolerance F7. C- 9mm Tips
o/d-d, ground IS0 tolerance né, to fit D- 10mm . .
standard hole tolerance H,. Length L, to E- 12mm i}szsr48,0 i/d and above are made to
+0,2 for lengths 6 to 30mm. F- 16mm ’ . . .
H- 20mm Please note sizes d, <0,9 prices available

Technical Notes I 25mm on request.
d, dimension tolerance to F7. K- 28 I
Key to dimensions L,: - comm mportant Notes
~L short 1 L- 30mm Drill bushes produced to standard DIN

ll di M- 35mm increments for internal bores:

ll F::] um N- 36mm i/d’s 0,9mm to 15,0mm - 0,1mm incre-

1:ong P-  40mm ments e.g. 1,1 mm, 1,2mm etc.

. R- 45mm i/d’s 15,1mm and over -0,5mm increments.
Table of lengths L,: S 56mm
Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP6F2.7 2.7 long F 16 6 1
30800.WPP6F2.8 2.8 long F 16 6 1
30800.WPP6F2.9 29 long F 16 6 1
30800.WPP6F3.0 3.0 long & 16 6 1
30800.WPP6F3.1 3.1 long F 16 6 1
30800.WPP6F3.2 3.2 long F 16 6 1
30800.WPP6F3.3 3.3 long F 16 6 1
30800.WPP7F3.4 34 long F 16 7 1
30800.WPP7F3.5 3.5 long F 16 7 1
30800.WPP7F3.6 3.6 long & 16 7 1
30800.WPP7F3.7 3.7 long F 16 7 1
30800.WPP7F3.8 3.8 long F 16 7 1
30800.WPP7F3.9 3.9 long F 16 7 1
30800.WPP7F4.0 4.0 long F 16 7 1
30800.WPP8F4.1 4.1 long F 16 8 1
30800.WPP8F4.2 4.2 long & 16 8 1
30800.WPP8F4.3 4.3 long F 16 8 1
30800.WPP8F4.4 4.4 long F 16 8 1
30800.WPP8F4.5 4.5 long F 16 8 1
30800.WPP8F4.6 4.6 long F 16 8 1
D ° .
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Headless Drill Bushes - DIN 179

long

Order No. i’d - d; Length gen Length letter I d, r
tol. F7 +0.2 tol. N6

30800.WPP8F4.7 4.7 long F 16 8 1
30800.WPP8F4.8 4.8 long F 16 8 1
30800.WPP8F4.9 49 long F 16 8 1
30800.WPP8F5.0 5.0 long F 16 8 1
g 30800.WPP10H5.1 5.1 long H 20 10 1.5
=] 30800.WPP10H5.2 5.2 long H 20 10 1.5
~: 30800.WPP10H5.3 53 long H 20 10 1.5
=) 30800.WPP10H5.4 5.4 long H 20 10 1.5
=| 30800.WPP10H5.5 5.5 long H 20 10 1.5
5| 30800.WPP10H5.6 5.6 long H 20 10 1.5
g 30800.WPP10H5.7 5.7 long H 20 10 1.5
| 30800.WPP10H5.8 5.8 long H 20 10 1.5
=] 30800.WPP10H5.9 5.9 long H 20 10 1.5
= 30800.WPP10H6.0 6.0 long H 20 10 1.5
=1 30800.WPP12H6.1 6.1 long H 20 12 1.5
%) 30800.WPP12H6.2 6.2 long H 20 12 1.5
%l 30800.WPP12H6.3 6.3 long H 20 12 1.5
30800.WPP12H6.4 6.4 long H 20 12 1.5
30800.WPP12H6.5 6.5 long H 20 12 1.5
30800.WPP12H6.6 6.6 long H 20 12 1.5
30800.WPP12H6.7 6.7 long H 20 12 1.5
30800.WPP12H6.8 6.8 long H 20 12 1.5
30800.WPP12H6.9 6.9 long H 20 12 1.5
30800.WPP12H7.0 7.0 long H 20 12 1.5
30800.WPP12H7.1 7.1 long H 20 12 1.5
30800.WPP12H7.2 7.2 long H 20 12 1.5
30800.WPP12H7.3 7.3 long H 20 12 1.5
30800.WPP12H7.4 7.4 long H 20 12 1.5
30800.WPP12H7.5 7.5 long H 20 12 1.5
30800.WPP12H7.6 7.6 long H 20 12 1.5
30800.WPP12H7.7 7.7 long H 20 12 1.5
30800.WPP12H7.8 7.8 long H 20 12 1.5
30800.WPP12H7.9 7.9 long H 20 12 1.5
30800.WPP12H8.0 8.0 long H 20 12 1.5
30800.WPP15J8.1 8.1 long J 25 15 2
30800.WPP15J8.2 8.2 long J 25 15 2
30800.WPP15J8.3 8.3 long J 25 15 2
30800.WPP15J8.4 8.4 long J 25 15 2
30800.WPP15J8.5 8.5 long J 25 15 2
30800.WPP15J8.6 8.6 long J 25 15 2
30800.WPP15J8.7 8.7 long J 25 15 2
30800.WPP15J8.8 8.8 long J 25 15 2
30800.WPP15J8.9 8.9 long J 25 15 2
30800.WPP15J9.0 9.0 long J 25 15 2
30800.WPP15J9.1 9.1 long J 25 15 2
30800.WPP15J9.2 9.2 long J 25 15 2
30800.WPP15J9.3 9.3 long J 25 15 2
30800.WPP15J9.4 9.4 long J 25 15 2
30800.WPP15J9.5 9.5 long J 25 15 2
30800.WPP15J9.6 9.6 long J 25 15 2
30800.WPP15J9.7 9.7 long J 25 15 2
30800.WPP15J9.8 9.8 long J 25 15 2
30800.WPP15J9.9 9.9 long J 25 15 2
30800.WPP15J10.0 10.0 long J 25 15 2
30800.WPP18J10.1 10.1 long J 25 18 2
30800.WPP18J10.2 10.2 long J 25 18 2
30800.WPP18J10.3 10.3 long J 25 18 2
30800.WPP18J10.4 10.4 long J 25 18 2
30800.WPP18J10.5 10.5 long J 25 18 2
30800.WPP18J10.6 10.6 long J 25 18 2
30800.WPP18J10.7 10.7 long J 25 18 2
30800.WPP18J10.8 10.8 long J 25 18 2
30800.WPP18J10.9 10.9 long J 25 18 2
30800.WPP18J11.0 11.0 long J 25 18 2
30800.WPP18J11.1 11.1 long J 25 18 2
30800.WPP18J11.2 11.2 long J 25 18 2
30800.WPP18J11.3 11.3 long J 25 18 2
30800.wPP18J11.4 114 long J 25 18 2
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Order No.

30800.WPP18J11.5

30800.WPP18J11.6

30800.WPP18J11.7

30800.wWPP18J11.8

30800.WPP18J11.9

30800.WPP18J12.0

30800.WPP22N12.1
30800.WPP22N12.2
30800.WPP22N12.3
30800.WPP22N12.4
30800.WPP22N12.5
30800.WPP22N12.6
30800.WPP22N12.7
30800.WPP22N12.8
30800.WPP22N12.9
30800.WPP22N13.0
30800.WPP22N13.1
30800.WPP22N13.2
30800.WPP22N13.3
30800.WPP22N13.4
30800.WPP22N13.5
30800.WPP22N13.6
30800.WPP22N13.7
30800.WPP22N13.8
30800.WPP22N13.9
30800.WPP22N14.0
30800.WPP22N14.1
30800.WPP22N14.2
30800.WPP22N14.3
30800.WPP22N14.4
30800.WPP22N14.5
30800.WPP22N14.6
30800.WPP22N14.7
30800.WPP22N14.8
30800.WPP22N14.9
30800.WPP22N15.0
30800.WPP26N15.5
30800.WPP26N16.0
30800.WPP26N16.5
30800.WPP26N17.0
30800.WPP26N17.5
30800.WPP26N18.0
30800.WPP30R18.5
30800.WPP30R19.0
30800.WPP30R19.5
30800.WPP30R20.0
30800.WPP30R20.5
30800.WPP30R21.0
30800.WPP30R21.5
30800.WPP30R22.0
30800.WPP35R22.5
30800.WPP35R23.0
30800.WPP35R23.5
30800.WPP35R24.0
30800.WPP35R24.5
30800.WPP35R25.0
30800.WPP35R25.5
30800.WPP35R26.0
30800.WPP42526.5
30800.WPP42527.0
30800.WPP42S27.5
30800.WPP42528.0
30800.WPP42528.5
30800.WPP42529.0
30800.WPP42529.5
30800.WPP42S30.0
30800.WPP48S30.5
30800.WPP48S31.0

bﬂ Wixroyd
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i/d - d,
tol. F7
11.5
11.6
11.7
11.8
11.9
12.0
12.1
12.2
12.3
124
12.5
12.6
12.7
12.8
129
13.0
13.1
132
133
134
135
13.6
13.7
138
139
14.0
14.1
14.2
14.3
14.4
14.5
14.6
14.7
14.8
14.9
15.0
15.5
16.0
16.5
17.0
17.5
180
185
19.0
19.5
20.0
20.5
21.0
215
22.0
22.5
23.0
235
24.0
24.5
25.0
255
26.0
26.5
27.0
27.5
28.0
285
29.0
29.5
30.0
305
31.0

Length gen

long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
long
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QPN
Tenons, \ = Headless Drill Bushes - DIN 179

ting Pads 5 long

Order No. i’d - d; Length gen Length letter I d

-
—-

tol, F7 +0.2 tol. N6
30800.WPP48S31.5 315 long s 56 48 3
30800.WPP48532.0 32.0 long s 56 48 3
30800.WPP48S32.5 325 long s 56 48 3
30800.WPP48533.0 33.0 long 8 56 48 3
30800.WPP48533.5 335 long s 56 48 3
30800.WPP48534.0 34.0 long S 56 48 3
30800.WPP48534.5 345 long s 56 48 3
30800.WPP48535.0 35.0 long s 56 48 3
30800.WPP78W63.0 63.0 long w 78 78 4
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